
SPECIALITY CHEMICALS/PULLING LUBRICANT

Anti-Seize Lubricant Wire-Pulling Lubricant

Regular Grade
Anti-Seize and
Lubricating Compound
Provides excellent protection against sei-
zure, corrosion, rust, and galvanic pitting
where high temperatures and/or extreme
pressures are encountered. Protects to
1800°F (980°C). This lubricant reduces
wear to extend parts life and minimize re-
placement costs. It also permits faster
disassembly to reduce down time. Avail-
able in 8-oz. and 16-oz. brush-top cans.

51124
51125

8-oz. (227 g) brush-top can
16-oz. (454 g) brush-top can

Wire-pulling Lubricant
Makes wire and cable slip easier through
tight bends. Thick, creamy, yellow, wax-
base formula goes on smoothly, coats uni-
formly, and stays on the wire. A little goes
a long way. Dries to a slippery film. Will not
dry out in covered containers. Freezes at
28°F (-2°C), but withstands normal tem-
perature extremes, including as many as
three freeze-thaw cycles. Non-toxic to skin,
will not stain skin or clothing, cleans up
with soap and water. It is greaseless, non-
combustible, non-conductive when dry, and
non-corrosive to metals.

This lubricant will not damage insula-
tion. Suitable for use with wire or cable
covered with rubber (R, RH, etc.), neo-
prene, nylon, polyvinyl (T, TW, THW, etc.).
NOT FOR USE ON LOW-DENSITY POL-
YETHYLENE. Can be used in plastic con-
duit (PVC, high-impact styrene), zinc-
coated steel, aluminum, bituminized fiber,
asbestos-cement, or copper raceways. UL
listed. Available in three container sizes.

51000
51002
51003

One-quart squeeze bottle
One-gallon pail
Five-gallon pail

Nickel-Grade
High-Temperature
Anti-Seize and
Lubricating Compound
For maximum protection against seizure,
galling, rust and fretting, and where ex-
tremely high temperatures of up to 2600°F
(1425°C) are encountered. Nickel-grade
anti-seize lubricant has the identical basic
formula of the regular-grade type, but with
added fine particles of nickel, graphite, and
other ingredients to enhance performance
in high temperatures and in applications
where the presence of copper is prohib-
ited. Applications include chemical and
petrochemical plants where resistance to
acidic, corrosive, and caustic solutions is
required. Available in 8-oz. and 16-oz.
brush-top cans.

51132
51133

8-oz. (227 g) brush-top can
16-oz. (454 g) brush-top can
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